Il BOX SINGLE BAY CABINET

DC#13935

Lifting Eyes and Solar Shield
Eyes secure solar shield to cabinet;

orient eyes up or down AC on/off Switch

Switch installed on front and
rear of frame

Foam Insulation
.5" thick R3 installed for
improved cooling*

Airflow Options
Configure with AC units
or heat exchangers (HX);
multiple cooling capacities

Flexible Mounting Rails
19 or 23" EIA with zero-U
mounting pattern for
accessory mounting

Optional Plinth
Choose 4, 8 or 16" options;
ships installed

*Only installed when cabinet is
configured with an AC or HX unit

NOTE: TYPICAL FEATURES SHOWN; FEATURES MAY VARY FOR CUSTOM PRODUCTS (PART NUMBER BEGINS WITH 'DC')

Part No. Description
DC#13935 BOX Single Bay, Type 4, 39 RMU, 29.5"W x 29.5"D, RAL 7035 Gray,
Conforms to NEBS GR-63-CORE Seismic Standard

TYPICAL FEATURES; FEATURES MAY VARY FOR CUSTOM PRODUCTS (PART NUMBER BEGINS WITH 'DC’)

+ Welded frame and doors constructed of .125" aluminum
- Two pair of depth adjustable, 3/8" sg. (M6) mounting rails with 19/23" EIA
- Railsin 19" EIA orientation feature zero-U mounting pattern for cable management fingers and spools
- Rails in 23" EIA orientation feature square hole pattern for % turn “D" rings (along the side rail face)
- Front and rear door with 3-pt latch swing handle; includes hasp for optional padlock
+ Components installed include: Junction box duplex 15-Amp GFCI (not wired);
Ground Bar (Tinned copper; 16 position; 1/4" thick; 1/4"-20 threads at 5/8" spacing)
- Color: RAL 7035 Gray with UV-rated textured powder coat; Beige and White available upon request
- Standards: NEMA 250 Type 3R or 4
- Country of Origin, USA
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Solar Shield

Size and placement of
door cutouts will vary
with airflow unit*

J__Reversible/Lift off
lifting eyes attach
solar shield to BOX

Ground bar;
16 position

| —AC on/off switch
> (front and rear)*
5" thick RS insulation* [T/ H

| — Optional cable
spool shown

Front and rear door:
with 3-pt latch swing
handle; includes hasp
for optional padlock

|3/8"sq. (M6)
mounting rails with
19/23" EIA; zero-U
mounting pattern
for accessories when
usedin 19" EIA

Welded frame, .125 aluminum

97 degree door stop

Depth adjustable
Optional fingers Optional 1/4 turn mounting rails

(shown) "D rings (shown) Junction box duplex

Depth 15-AMP GFC|
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<+<—— Optional plinth

NOTES:
*Only installed when cabinet is configured with AC or HX unit
" Shock pallets are used to ship cabinets configured with an AC or HX; otherwise, standard pallet is used

NOTE: TYPICAL FEATURES SHOWN; FEATURES MAY VARY FOR CUSTOM PRODUCTS (PART NUMBER BEGINS WITH 'DC')
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