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POWDERCOAT

BOX SERIES, SINGLE BAY, TYPE-4, 39 RMU,

29.5" WIDE

EST. WEIGHT : 

N/A

BUS BAR

ALTERNATE LOCATION

SPECIFICATIONS:

 

RACK SPACES:  39 RMU w/ NUMBERED RMU INDICATORS

                              19" AND 23" EIA 310-E COMPLIANT

 

MOUNTING RAILS:  STD 3/8" SQ MTG HOLES

                                   #12-24 THREADED HOLES ARE OPTIONAL

 

COLOR:  DURABLE TEXTURE POWDER COATING / U.V RATED

                 RAL 7035 STD (OTHER COLORS AVAILABLE)

 

CONSTRUCTION:  2 PAIR MOUNTING RAILS, #12 GA. C.R.S.

                                 FULLY WELDED FRAME,  .125" THK AL (5150)

                                 DOOR, SIDE PANEL, TOP PANEL,  .125" THK AL (5150)

                                 SEAMS FULLY WELDED FOR NEMA 250 TYPE 4

 

HARDWARE:  PACKAGE OF QTY-50; M6 SCREWS AND CAGE NUTS, INCLUDED.

 

RATING:  NEMA 250 TYPE 4 RATED, UL 508A

 

SHIPPING:  SHOCK PALLET INCLUDED & INSTALLED

 

CERTIFICATIONS: AC156, RATED FOR 1000lbs. ANCHORING HARDWARE INCLUDED
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AC UNIT

- 6000 BTU

- 48VDC

- 95lbs


